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12 [CF12 30| 14 [M12x15/13[15[ 40| 25| 6 [06] 6 | 3 |06] 20 787 | 979 | 134 | 198 | 937 7.06 245 | 14000 | 5800 | 105 | 107
12 |CF 12-] 32| 14 [M12x15/ 13|15 40| 25| 6 [06] 6 | 3 [06] 20 787 | 979 | 134 | 198 | 9.37 7.45 274 | 14000 | 5800 | 115 [ 117
16 |[CF 18 35| 18 [M16x1.5] 17 [19.5] 52 [325] 8 (08| 6 | 3 [06] 24 12 [ 183 [ 206 | 376 | 17.3 11.2 314 | 10000 | 4500 | 205 | 207
18 |CF 18 40 | 20 [M18x1.5[ 19 |215( 58 (365 8 (08| 6 [ 3 | 1 | 26 147 | 252 | 252 | 51.3 | 26.1 14.4 3.72 8500 | 3800 | 295 | 300
20 |[CF20 52 | 24 [M20x1.5| 21 [255/ 66 [405| 9 [08[ 8 | 4 [ 1 | 36 207 | 348 | 332 | 4.8 | 321 23.2 8.23 7000 | 3400 | 525 | 530
20 |CF 20-1 47 | 24 [M20x1.5[ 21 |255( 66 (405 9 [08] 8 [ 4 | 1 | 36 207 | 348 | 332 | 4.8 | 321 21 7.15 7000 | 3400 | 450 | 455
24 [CF24 62 | 29 [M24x1.5] 25 [30.5]/ 80 (495 11 |08 8 [ 4 [ 1 | 40 306 | 532 | 46.7 | 929 | 495 34.2 10.5 6500 | 2900 | 915 | 925
24 |CF24-1 72| 29 |[M24x1.5] 25 |30.5] 80 [49.5[ 11 [08]| 8 [ 4 | 1 | 40 306 | 532 | 467 | 929 | 495 39.8 12.9 6500 | 2900 | 1150 | 1160
30 |[CF30 80 | 35 [M30x15/ 32|37 100[63[15] 1 [ 8] 4| 1] 46 45.4 | 876 | 676 | 145 | 737 52.6 14.9 5000 | 2300 | 1880 | 1890
30 [CF30-1 85| 35 [M30x1.5[ 32|37 [100[63[15[ 1 [ 8 [ 4| 1] 46 454 | 876 | 676 | 145 | 737 56 16.1 5000 | 2300 [ 1950 | 1960
30 [CF30-2 90 | 35 [M30x1.5/ 32 |37 [100[63[15] 1 | 8 | 4 [ 1 | 46 45.4 | 876 | 676 | 145 | 73.7 50.3 17.3 5000 | 2300 [ 2000 [ 2010
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d FFURE D| C G Gi| B |Bi|Bz2|Bs|Ci| dv | dz| H"|lewn | (&I kKM kKN kN kM kN kN kN min’ min’ g g
12 |CF12B 30 | 14 [m12x15/ 13 15]40[ 25| 6 (06| 6 [ 3| 6 [0.6] 20 7.87 | 9.79 | 134 | 198 | 9.37 7.06 2.45 14000 | 5800 105 | 107
12 [cF12-1-B [ 32|14 [m2x15/ 13|15 40| 25| 6 |06 6 | 3| 6 |06] 20 787 | 979 | 134 | 198 | 9.37 7.45 274 14000 | 5800 115 | 117
16 |CF 16-B 35 | 18 [M16x15] 17 [19.5]/ 52 [325/ 8 (08| 6 | 3 | 6 |[0.6] 24 12 | 183 | 206 | 376 17.3 11.2 3.14 10000 | 4500 | 205 | 207
18 |CF 18B 40 | 20 [m18x15] 19 |215/ 58 365/ 8 (08| 6 | 3 | 6 | 1 | 26 147 | 252 | 252 | 513 | 26.1 14.4 372 8500 3800 | 295 | 300
20 |CF20B 52 | 24 [M20x15] 21 [255/ 66 [405] 9 (o8| 8 | 4 | 8 | 1 | 36 207 | 348 | 332 | 648 | 321 23.2 8.23 7000 3400 | 525 | 530
20 |CF20-1-B | 47 | 24 [Me0x15] 21 [255/ 66 (405 9 |08 8 | 4 [ 8 | 1 | 36 207 | 348 | 332 | 648 | 321 21 7.15 7000 3400 | 450 | 455
24 |CF24B 62 | 29 [M24x15] 25 [30.5/ 80 [495]/ 11 (o8| 8 | 4 | 8 | 1 | 40 306 | 532 | 467 | 929 | 495 34.2 10.5 6500 2900 | 915 | 925
24 |CF24-1-B | 72| 29 [M24ax15| 25 [30.5] 80 [495/ 11 |08 8 | 4 | 8 | 1 | 40 306 | 532 | 467 | 929 | 495 39.8 12.9 6500 2900 | 1150 | 1160
30 |CF30-B 80 | 35 [M30x15/ 3237 ]100/63 |15 1 | 8] 4| 8] 1] 46 454 | 876 | 676 | 145 73.7 52.6 14.9 5000 2300 | 1880 | 1890
30 |[CF30-1-B [ 85|35 |M30x15/32[37|100[63|15] 1 [ 8] a4 [ 8] 1] 46 454 | 876 | 676 | 145 73.7 56 16.1 5000 2300 | 1950 | 1960
30 |CF30-2-B | 90| 35 |M30x15| 32 | 37 [100] 63 | 15 8| 48] 1] 46 454 | 876 | 676 | 145 73.7 59.3 17.3 5000 2300 | 2000 | 2010
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